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Drawn
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Volatge Rating :250 VAC/rms 60Hz

Current Rating :5 AMP

1000 VAC/rms 60Hz for 1 minuteDielectric Withstanding Voltage :

Insulation Resistance :1000
magohms at 500 VDC

Max at 1 AMP DC.

Electrical

Contact Resistance :20 milliohms

Shell :Steel, 100u" Tin Over 50u" min Nickel.

Product Specification

Material

Insulator :Glass-Filled Thermoplastic PBT,UL94V-0 rated, Blue

Contact :Brass , Gold flash selective gold

Male (With Metal cover)

.X°
±1.0°
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Dimensions

Positions A

24.7456.32 64.30 77.0050
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Recommended Wire gage : 24AWG~30AWG
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