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1. 20 POSITION CONNECTOR ASSEMBLY SHOWN.
/2\ MOLDED PARTS: THERMOPLASTIC, UL94V—0 RATED, COLOR BLUE.
CONTACTS: BERYLLIUM COPPER.
/3\ CONTACTS: 0.00076[.000030] MIN GOLD ON MATING AREA,
0.00254—0.00508[.000100—-.000200] BRIGHT TIN LEAD ON
- B TERMINATION END, ALL OVER 0.00127[.000050] MIN NICKEL
1.27 ON ENTIRE CONTACT.
D [.050] © /A\ POLARIZER FEATURE DOES NOT EXIST ON POSITION #1 END
P N FOR 14 POSITION ASSEMBLIES AND SMALLER.
J A [ - /5\ POLARIZER FEATURE DOES NOT EXIST ON THIS END FOR
4 & 6 POSITION ASSEMBLIES.
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q 6. FOR TERMINATION OF 26 OR 28 AWG STRANDED OR SOLID
BEFCRE 14.15 | “’..".‘".'".'" PVC INSULATED FLAT RIBBON CABLE. SEE TYCO DRAWINGS
TERMINATION  [.557] _ | 57034 (26 AWG) OR 57040 (28 AWG) FOR DETAILS.
AFTER 1910 MAX \ /N STRAIN RELIEF PACKAGED SEPARATELY AND SHIPPED WITH
TERMINATION [.476] y ASSEMBLY.
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(SEE TABLE)
YES YES 3.80[.150] | 85.78[3.377] | 80.01[3.150] | 78.74[3.100] 64 622—6441 |4—1437025-3
onlinecomponents.com NO YES 3.80[.150] | 85.78[3.377] | 80.01[3.150] | 78.74[3.100] 64 622—6430 |3—1437025—7
YES YES 3.80[.150] | 80.70[3.177] | 74.93[2.950] | 73.66[2.900] 60 622—6041 |3—1437025-2
NO YES 3.80[.150] | 80.70[3.177] | 74.93[2.950] | 73.66[2.900] 60 622—6030 |2—1437025—7
NO YES 3.80[.150] | 75.62[2.977] | 69.85[2.750] | 68.58[2.700] 56 622—5630 |2—1437022—9
YES YES 3.80[.150] | 68.00[2.677] | 62.23[2.450] | 60.95[2.400] 50 622—5041 |1—1437025—6
NO YES 3.80[.150] | 68.00[2.677] | 62.23[2.450] | 60.95[2.400] 50 622—5030 1437025—4
NO NO — 60.38[2.377] | 54.61[2.150] | 53.34[2.100] 44 622—4400 |2—1437022—1
YES YES 3.80[.150] | 55.30[2.177] | 49.53[1.950] | 48.26[1.900] 40 622—4041 |B8—1437024—6
NO YES 3.80[.150] | 55.30[2.177] | 49.53[1.950] | 48.26[1.900] 40 622—4030 |7—1437024—7
7.62 MIN A+0.05 YES YES 3.80[.150] | 47.68[1.877] | 41.91[1.650] | 40.64[1.600] 34 622—3441 |5—1437024—6
. C300] T =~ [.002] ™ NO YES 3.80[.150] | 47.68[1.877] | 41.91[1.650] | 40.64[1.600] 34 622—3430 |4—1437024-8
| YES YES 3.80[.150] | 42.60[1.677] | 36.83[1.450] | 35.56[1.400] 30 622—3041 |4—1437024—1
o - %fggfggﬂ NO YES 3.80[.150] | 42.60[1.677] | 36.83[1.450] | 35.56[1.400] 30 622-3030 |3-1437024—8
[-100+.002] f e YES YES 3.80[.150] | 37.52[1.477] | 31.75[1.250] | 30.48[1.200] 26 622—2641 |3—1437024—0
DODoODoaD m S Y Y O T T = T = S = B = & NO YES 3.80[.150] 37.52[1.477] | 31.75[1.250] | 30.48[1.200] 26 622—2630 |2—1437024—4
S oo oo O 0 ooooooo o YES YES 3.80[.150] | 34.98[1.377] | 29.21[1.150] | 27.94[1.100] 24 622—2441 |1—-1437024—7
* NO YES 3.80[.150] | 34.98[1.377] | 29.21[1.150] | 27.94[1.100] 24 622—2430 |1—-1437024—4
YES YES 3.80[.150] | 29.90[1.177] | 24.13[.950] | 22.86[.900] 20 622—2041 1437024—7
b ooo Ooooao NO YES 3.80[.150] | 29.90[1.177] | 24.13[.950] | 22.86[.900] 20 622—2030 1437024—2
0D oooooopoaoo 5~§;OM'N éFEONiE;OEQEE;%ESR W/ YES YES 3.80[.150] | 24.82[.977] | 19.05[.750] | 17.78[.700] 16 622—1641 |9—1437023—1
j [.150] / NO YES 3.80[.150] 24.82[.977] | 19.05[.750] | 17.78[.700] 16 622—1630 |B8—1437023—3
0.64+0.05 SQUARE POST 5.08 MIN (FOR CONNECTORS W/ YES YES 3.80[.150] 22.28[.877] | 16.51[.650] | 15.24[.600] 14 622—1441 |7—1437023—4
[025+.001] [.200]  CENTER POLARIZER) NO YES 3.80[.150] | 22.28[.877] | 16.51[.650] | 15.24[.600] 14 622—1430 |6—1437023—6
MAX HEIGHT 6-2‘%32 YES YES 3.80[.150] | 19.74[.777] | 13.97[.550] | 12.70[.500] 12 622—1241 |5-1437023—9
[-252] NO YES 3.80[.150] 19.74[.777] | 13.97[.550] | 12.70[.500] 12 622—1230 |5—1437023—7
POST |LAYOUT YES YES 3.20[.126] 17.20[.677] | 11.43[.450] | 10.16[.400] 10 622—1041 |4—1437023—9
NO YES 3.20[.126] 17.20[.677] | 11.43[.450] | 10.16[.400] 10 622—1030 | 4—1437023—1
NO NO — 14.66[.577] 8.89[.350] 7.62[.300] 8 622—0800 |1—1437022—7
YES YES 1.90[.075] 12.12[.477] 6.35[.250] 5.08[.200] 6 622—0641 |3—1437023—1
NO YES 1.90[.075] 12.12[.477] 6.35[.250] 5.08[.200] 6 622—0630 |2—1437023—6
NO YES 1.90[.075] 9.58[.377] 3.81[.150] 2.54[.100] 4 622—0430 |1—1437023—8
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CURRENT RATING 1 AMP nevEs RS SRR | MMwalustey o I CONNEGTOR _ASSEMBLY
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