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TIMERS | S Syrelec_] TIMERS

HR2 U SERIES

INTERVAL TIMING RELAY

UL-E87133 CSA-LR 56339

Multi Timing Range (.1 sec. to 10 hours)

Direct Reading

Dual Voltage C E
DPDT 10 Amp Relay Output

LED Power On Indicator

LED Relay Indicator

Function H: TIME RANGE SELECTION:
Interval Timer Time Base Six Time Ranges can be selected
Readout with two front panel switches.
Input Power S1 ___L__L— X01s.  0.1to1second
; Scale Selection X1s. 1 to 10 seconds
: Switch X1 or X0.1 X0.1mn. 0.1to1minute
' X1mn. 1 1o 10 minutes
Relay — T ] Time Base Selections i?.:]rr;rs : ?':ot% hh:uur's
S T v Hour, Minute, Second '
———————p
SPECIFICATIONS:
Input Power . .......... 220VAC/24 VAC/DC, 110VAC/24 VAC/DC
48VAC/DC/24 VAC/DC, 12 VDC £ 15%
50/60 Hz
Max. power consumption 24 VAC: 1.5 VA 12 VDC: 0.5W .
48 VAC: 2 VA 24 VDC: 0.6W WIRING DIAGRANM:
110 VAC: 5VA 48 VDC: 1.8W - THR2 U OHR2 U
220 VAC: 11 VA . ¢ )
Output . .............. DPDT Relay st St
Contact material . ... ... Ag Cdo
Maximum loading ... ... 10A AC resistive 8A DC resistive
Max. switching voitage . . 250 VAC 250VDC ©@® @ ©
Relay max. power rating . 2200 VA 8OW RO O p1®
Transient protection . ... 2500VA
Mechanical life of relay . . 30 x 10° operations © Q‘E ONO
Electrical life of relay. . . . 2 x 10° at 2400 VA resistive load
Repetition accuracy . ...+ 0.2% at a constant ambient
Resettime ... ......... Function H 200ms during timing or 50ms
after o '
Operating temperature . . -4°F to + 140°F -20°C to +60°C mz ?:Eg ﬂlzaasgf;\‘,';?:gg t::g
Weight ... ............ 2.8 oz. (80 grams) {Jumper 7 & 10 for 24 VAC/DC).
ORDERING INFORMATION
0] HR2 U 220A
MOUNTING SERIES TIMER RANGE INPUT POWER DIMENSIONS See page 145
MOUNTING SERIES ' TIME RANGE INPUT POWER
O = 8 pin plug-in HR2 U Range 12D = 12VDC
T=11 pm plug-in 1sec.t010 hours 24AD = 24VAC/DC (OHR2 U only)
48AD = 48 VAC/DC/24 VAC/DC
110A = 110 VAC/24 VAC/DC
220A = 220 VAC/24 VAC/DC

For Assistance Call 1 (800) 677-5311 171




