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Part Number: 36633-0040

OBSOLETE

EU RoHS

China RoHS
REACH SVHC
Low-Halogen Status

Part Detail

87427

45750
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12/27/12 Molex Connector Part Number - 36633-0040
Comments Fit® Plus HCS Crimp Terminal Crimped to 16 AWG wire., See Molex product specification PS-
45750-001 for additional current de-rating information.
Overview Mini-Fit Jr.™
Product Name Mini-Fit Jr.™
UPC 884982134041
Physical
Breakaway No
Circuits (Loaded) 2
Circuits (maximum) 2
Color - Resin Beige
Durability (mating cycles max) 30
First Mate / Last Break No
Glow-Wire Compliant No
Lock to Mating Part Yes
Material - Metal Brass
Material - Plating Mating Tin
Material - Plating Termination Tin
Material - Resin Nylon
Net Weight 1.152/g
Number of Rows 2
Orientation Right Angle
PC Tail Length 3.30mm
PCB Locator No
PCB Retention None
PCB Thickness - Recommended 1.60mm
Packaging Type Tray
Pitch - Mating Interface 4.20mm
Pitch - Termination Interface 4.20mm
Plating min - Mating 2.540um
Plating min - Termination 2.540um
Polarized to Mating Part Yes
Polarized to PCB No
Shrouded Fully
Stackable No

Temperature Range - Operating
Termination Interface: Style

Electrical

-40°C to +105°C
Through Hole

(Please review the Product Specification for specific details.)

Current - Maximum per Contact
Voltage - Maximum

Material Info

13A
600V
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12/27/12 Molex Connector Part Number - 36633-0040

Application Tooling

Check our list of old tooling that used to be
available for this part
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