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AL @ Panduct® Type FL Flexible Wiring Duct

Specifications Features and Benefits

e Material: Flexible Polypropylene * The flexibility of type FL wiring duct allows it to be used in
« UL Recognized continuous use temperature: 149°F (65°C) applications where conventional rigid PVC duct cannot

* UL94 flammability rating of V-2 * One-piece design with enclosing fingers simplifies

e Factory applied adhesive tape provided for easy mounting insertion and removal of wiring

* Base and cover length is 19.7 inches

Duct Size (W x H)

Part Number In. mm

FL12X12LG-A 0.49 x 0.49 125x12.5
FL25X25LG-A 0.98 x 0.98 25.0 x 25.0
FL50X50LG-A 1.97 x 1.97 50.0 x 50.0

Available in LG (RAL 7040 Light Gray) color only.
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Panduct® Type G and H Wiring Duct Wire Retainers

¢ Insert between fingers of type G and H wiring duct to * Adjustable height
contain wiring when cover is removed o Material: ABS
For Duct Width For Duct Height

Part Number In. (mm) In. (mm)

WR2-C 2.00 (50.8) 2.00 — 4.00 (50.8 — 101.6)
WR2H-C* 2.00 (50.8) 2.00 — 4.00 (50.8 — 101.6)
WR3-C 3.00 (76.2) 2.00 — 4.00 (50.8 — 101.6)
WR4-C 4.00 (101.6) 2.00 — 4.00 (50.8 — 101.6)
WR5-C Use with: 3x 5,4 x5,0or6 x4  Usewith:3x5,4x5,0or6x4

*For 2" width type H hinged cover wiring duct use part No. WR2H-C.

Std.
Pkg.
Qty.
(Pcs.)
112
70
32
Std. Std.
Pkg. Ctn.
Qty. Qty.
(Pcs.) (Pcs.)
100 1000
100 1000
100 1000
100 1000
100 1000

Order number of pieces required, in multiples of Standard Package Quantity. Prime items appear in BOLD.



