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PART NUMBERS HM-12-BK THRU HM-25-SX-V

Sealcon
P/N

Hummel P/N Description
Thread
Size

HM-12-BK 1.255.1201.50 Hex Plug - Black Nylon, Metric Thread M12 x 1.5

HM-12-
BK-B

1.256.1201.50
Hex Plug - Black Nylon, Metric Thread, w/
Buna-N O-Ring

M12 x 1.5

HM-12-BR 1.155.1200.50 Hex Plug - Nickel Plated Brass, Metric Thread M12 x 1.5

HM-12-
BR-B

1.156.1200.50
Hex Plug - Nickel Plated Brass, Metric Thread,
w/ Buna-N O-Ring

M12 x 1.5

HM-12-
BR-V

1.157.1200.50
Hex Plug - Nickel Plated Brass, Metric Thread,
w/ Viton O-Ring

M12 x 1.5

HM-12-BX 1.297.1201.50 Hex Plug - EEx e, Black Nylon, Metric Thread M12 x 1.5

HM-12-MX 1.197.1200.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Buna-N O-Ring

M12 x 1.5

HM-12-
MX-S

1.199.1200.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Silicone O-Ring

M12 x 1.5

HM-12-
MX-V

1.198.1200.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Viton O-Ring

M12 x 1.5

HM-12-SS-
B

1.152.1200.50 Hex Plug - Stainless Steel, Metric Thread M12 x 1.5

HM-12-SS-
S

1.154.1200.50
Hex Plug - Stainless Steel, Metric Thread, w/
Silicone O-Ring

M12 x 1.5

HM-12-SS-
V

1.153.1200.50
Hex Plug - Stainless Steel, Metric Thread, w/
Viton O-Ring

M12 x 1.5

HM-12-SX 1.192.1200.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Buna-N O-Ring

M12 x 1.5

HM-12-
SX-S

1.194.1200.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Silicone O-Ring

M12 x 1.5

HM-12-
SX-V

1.193.1200.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Viton O-Ring

M12 x 1.5

HM-16-BK 1.255.1601.50 Hex Plug - Black Nylon, Metric Thread M16 x 1.5

HM-16-
BK-B

1.256.1601.50
Hex Plug - Black Nylon, Metric Thread, w/
Buna-N O-Ring

M16 x 1.5

HM-16-BR 1.155.1600.50 Hex Plug - Nickel Plated Brass, Metric Thread M16 x 1.5

HM-16-
BR-B

1.156.1600.50
Hex Plug - Nickel Plated Brass, Metric Thread,
w/ Buna-N O-Ring

M16 x 1.5

HM-16-
BR-V

1.157.1600.50
Hex Plug - Nickel Plated Brass, Metric Thread,
w/ Viton O-Ring

M16 x 1.5

HM-16-BX 1.297.1601.50 Hex Plug - EEx e, Black Nylon, Metric Thread M16 x 1.5

HM-16-MX 1.197.1600.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Buna-N O-Ring

M16 x 1.5

HM-16-
MX-S

1.199.1600.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Silicone O-Ring

M16 x 1.5

HM-16-
MX-V

1.198.1600.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Viton O-Ring

M16 x 1.5

HM-16-SS-
B

1.152.1600.50 Hex Plug - Stainless Steel, Metric Thread M16 x 1.5

HM-16-SS-
S

1.154.1600.50
Hex Plug - Stainless Steel, Metric Thread, w/
Silicone O-Ring

M16 x 1.5

HM-16-SS-
V

1.153.1600.50
Hex Plug - Stainless Steel, Metric Thread, w/
Viton O-Ring

M16 x 1.5

HM-16-SX 1.192.1600.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Buna-N O-Ring

M16 x 1.5

HM-16-
SX-S

1.194.1600.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Silicone O-Ring

M16 x 1.5

HM-16-
SX-V

1.193.1600.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Viton O-Ring

M16 x 1.5
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HM-20-BK 1.255.2001.50 Hex Plug - Black Nylon, Metric Thread M20 x 1.5

HM-20-
BK-B

1.256.2001.50
Hex Plug - Black Nylon, Metric Thread, w/
Buna-N O-Ring

M20 x 1.5
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HM-20-BR 1.155.2000.50 Hex Plug - Nickel Plated Brass, Metric Thread M20 x 1.5

HM-20-
BR-B

1.156.2000.50
Hex Plug - Nickel Plated Brass, Metric Thread,
w/ Buna-N O-Ring

M20 x 1.5

HM-20-
BR-V

1.157.2000.50
Hex Plug - Nickel Plated Brass, Metric Thread,
w/ Viton O-Ring

M20 x 1.5

HM-20-BX 1.297.2001.50 Hex Plug - EEx e, Black Nylon, Metric Thread M20 x 1.5

HM-20-MX 1.197.2000.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Buna-N O-Ring

M20 x 1.5

HM-20-
MX-S

1.199.2000.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Silicone O-Ring

M20 x 1.5

HM-20-
MX-V

1.198.2000.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Viton O-Ring

M20 x 1.5

HM-20-SS-
B

1.152.2000.50 Hex Plug - Stainless Steel, Metric Thread M20 x 1.5

HM-20-SS-
S

1.154.2000.50
Hex Plug - Stainless Steel, Metric Thread, w/
Silicone O-Ring

M20 x 1.5

HM-20-SS-
V

1.153.2000.50
Hex Plug - Stainless Steel, Metric Thread, w/
Viton O-Ring

M20 x 1.5

HM-20-SX 1.192.2000.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Buna-N O-Ring

M20 x 1.5

HM-20-
SX-S

1.194.2000.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Silicone O-Ring

M20 x 1.5

HM-20-
SX-V

1.193.2000.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Viton O-Ring

M20 x 1.5

HM-25-BK 1.255.2501.50 Hex Plug - Black Nylon, Metric Thread M25 x 1.5

HM-25-
BK-B

1.256.2501.50
Hex Plug - Black Nylon, Metric Thread, w/
Buna-N O-Ring

M25 x 1.5

HM-25-BR 1.155.2500.50 Hex Plug - Nickel Plated Brass, Metric Thread M25 x 1.5

HM-25-
BR-B

1.156.2500.50
Hex Plug - Nickel Plated Brass, Metric Thread,
w/ Buna-N O-Ring

M25 x 1.5

HM-25-
BR-V

1.157.2500.50
Hex Plug - Nickel Plated Brass, Metric Thread,
w/ Viton O-Ring

M25 x 1.5

HM-25-BX 1.297.2501.50 Hex Plug - EEx e, Black Nylon, Metric Thread M25 x 1.5

HM-25-MX 1.197.2500.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Buna-N O-Ring

M25 x 1.5

HM-25-
MX-S

1.199.2500.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Silicone O-Ring

M25 x 1.5

HM-25-
MX-V

1.198.2500.50
Hex Plug - EEx e, Nickel Plated Brass, Metric
Thread, w/ Viton O-Ring

M25 x 1.5

HM-25-SS-
B

1.152.2500.50 Hex Plug - Stainless Steel, Metric Thread M25 x 1.5

HM-25-SS-
S

1.154.2500.50
Hex Plug - Stainless Steel, Metric Thread, w/
Silicone O-Ring

M25 x 1.5

HM-25-SS-
V

1.153.2500.50
Hex Plug - Stainless Steel, Metric Thread, w/
Viton O-Ring

M25 x 1.5

HM-25-SX 1.192.2500.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Buna-N O-Ring

M25 x 1.5

HM-25-
SX-S

1.194.2500.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Silicone O-Ring

M25 x 1.5

HM-25-
SX-V

1.193.2500.50
Hex Plug - EEx e, Stainless Steel, Metric
Thread, w/ Viton O-Ring

M25 x 1.5
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WE PROVIDE CUSTOMERS WITH CABLE MANAGEMENT SOLUTIONS!
-Quantity Discounts! -No Minimum Orders! -Same Day Shipping!

-Blanket Orders! -Quick and Friendly Service! -All Major Credit Cards!

provides cable products at competitive prices with
exemplary customer service. Inventory in Excess of Million allows the
immediate shipment of almost all standard cable types and sizes.

Cables, Wires & Accessories: Domestic & Imported
Importer of HELUKABEL®. Approvals: RoHS, UL, CSA,
Harmonized & CE. We offer cables for Power, Control,
High/Low Temp., Hi-Flex, Robotic, Track, Servo, VFD,
Composite, Ribbon, Data(CAT), Single Conductor, etc!

Plastic Enclosures: Indoor / Outdoor NEMA 4x
Exclusive importer of HENSEL ENCLOSURES. Industrial
Strength, UV & Impact Resistant, Modular Expandable.
Materials: Polycarbonate, Polystyrene, Powder-coated
Steel

Types: Gray or Transparent Lids, available with Hinges & Latches,
Opaque/ Transparent covers, Plain Walls or Knockouts, Hazardous
Location, Fire Proof / Functional Integrity, Offshore Applications
Accessories: DIN rails, Mounting plates, Terminal blocks, Hole plugs, etc.

Pneumatic Components: Fittings, Tubing, Valves &
Gauges
Fittings: Nickel Plated Brass, Composite, Brass &
Compression Fittings, the patented & longstanding Pro-
FitÂ® system, High Pressure Dual Seal fittings, etc. 

Valves: Flow Control, Manual, Air Piloted, Solenoid, Brass
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We also offer Tubing, FRL Units (Filters, Regulators & Lubricators),
Gauges, Timers and Relays. Manufacturers include CAMOZZI,
COUPLINGS COMPANY, PNEUMADYNE, INFITEC, etc.

7374 S. Eagle Street
Centennial, CO 80112-A
Toll Free: 800-456-9012 / 303-699-1135 Fax: 303-680-5344
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